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PRODUCT OVERVIEW  ELECTRONIC COMPONENTS TRANSFORMERS, COILS & MOTORS MOTORS
STEPPER MOTORS

STEPPER MOTOR 24VDC/600mA (ANGLE 7.5° / 48 STEPS)

 

Features

applications:
office machines
automated machines
split air conditioners

Specifications

rated voltage: 24 Vdc
current: 600 mA
impedance: 40 ohm
phase: 2
step angle / step: 7.5° / 48
detent torque: 11.11 ozf.in
pull-in torque: 4.72 ozf.in
max. starting pulse rate: 1450 pps
max. slewing pulse rate: 3000 pps
temperature range: 113 °F
cable: 50 cm AWG 1007#26
colors:

1: brown
2: red
3: orange
4: yellow

All registered trademarks and trade names are properties of their respective owners and are used only for the
clarification of the compatibility of our products with the products of the different manufacturers.
Due to constant product improvements the actual product appearance might differ from the shown images. Product
images are for illustrative purposes only.
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