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Security Devices Industrial Controls

Electrical HousewaresKiosks

SpecificationS featureS & BenefitS

applicationS / MarketS

Part Number CoNfigurator

PV0 SerieS aNti-VaNdal SwitCh

Specifications subject to change without notice  1.30.2018

• 12mm panel cutout
• Ring or dot illumination options
• Multiple LED color options
• IP65 rated

Electrical Rating: 2A, 36VDC
Mechanical Life: 1,000,000 Cycles 
Electrical Life: 50,000 Cycles
Contact Resistance: 50mΩ Max.  
Insulation Resistance: 1000 MΩ Min. 
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C 
Travel: 1.50mm             
Moisture Protection: IP65 
Contact Arrangement: SPST Off-(On)
Actuation Force: 4 N
Panel Thickness: 1-6mm
Mounting Nut Torque: 5-14Nm

Medical Equipment

NOTES: 
*(ON) Denotes function is momentary
/Base voltage on LEDs: 
 1.8V @ 20mA for Red, Yellow and Orange LED colors
 2.8V @ 20mA for Blue, Green and White LED colors

PV0 H - High 0 - 2A, 
36VDC 

S - Stainless 
Steel
1 - Black 
Anodized

NONE - Silver

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Contact  
Material
Options

2 - Solder

Terminal 
Options

4 - Off - (On)*

Function 
Options

S - Stainless 
Steel
1 - Black 
Anodized

Actuator 
Finish 
Options

NONE - Non-
Illuminated
2 - Dot  
Illumination
3 - Ring  
Illumination

Lens
Style
Options

NONE- Non- 
Illuminated 
0 - White
1 - Red
2 - Orange
3 - Green
4 - Blue
5 - Yellow
 

LED-
Color 
Options

NONE - Non-
Illuminated
1 - Base Voltage/

Illumination 
Voltage
Options
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PV0 SerieS aNti-VaNdal SwitCh

Ring illumination

lED SchEmaticPanEl cutout

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 High Ring Illuminated AssemblyPBrc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2
+

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

7.40
[.291 in]

ILLUMINATED
RING

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. LED VOLTAGE: xxxxx
14. LED COLOR:  xxxxx
15. DENOTES CRITICAL PARAMETER
16. 2011/65/EU (ROHS) COMPLIANT
17. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

TERMINAL
2

TERMINAL
1

TERMINAL
+

TERMINAL
-

1 2

CIRCUIT: SPDT

+

+-

-

+ -

1 2

CIRCUIT: SPDT

+

+-

-

+ -
19.0

[.748 in]

6.50
[.256 in]

7.30
[.287 in]

.50
[.020 in]

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 High Ring Illuminated AssemblyPBrc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2
+

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

7.40
[.291 in]

ILLUMINATED
RING

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. LED VOLTAGE: xxxxx
14. LED COLOR:  xxxxx
15. DENOTES CRITICAL PARAMETER
16. 2011/65/EU (ROHS) COMPLIANT
17. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

TERMINAL
2

TERMINAL
1

TERMINAL
+

TERMINAL
-

1 2

CIRCUIT: SPDT

+

+-

-

+ -

1 2

CIRCUIT: SPDT

+

+-

-

+ -
19.0

[.748 in]

6.50
[.256 in]

7.30
[.287 in]

.50
[.020 in]

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 High Ring Illuminated AssemblyPBrc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2
+

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

7.40
[.291 in]

ILLUMINATED
RING

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. LED VOLTAGE: xxxxx
14. LED COLOR:  xxxxx
15. DENOTES CRITICAL PARAMETER
16. 2011/65/EU (ROHS) COMPLIANT
17. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

TERMINAL
2

TERMINAL
1

TERMINAL
+

TERMINAL
-

1 2

CIRCUIT: SPDT

+

+-

-

+ -

1 2

CIRCUIT: SPDT

+

+-

-

+ -
19.0

[.748 in]

6.50
[.256 in]

7.30
[.287 in]

.50
[.020 in]
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PV0 SerieS aNti-VaNdal SwitCh

Dot illumination

lED SchEmaticPanEl cutout

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 High Dot Illuminated AssemblyPArc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2
+

+ -
2

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

ILLUMINATED
DOT

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. LED VOLTAGE: xxxxx
14. LED COLOR:  xxxxx
15. DENOTES CRITICAL PARAMETER
16. 2011/65/EU (ROHS) COMPLIANT
17. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

3.10
[.122 in]

1 2

CIRCUIT: SPDT

+

+-

-

+ -

TERMINAL
1

TERMINAL
2

TERMINAL
+

TERMINAL
-

19.0
[.748 in]

6.50
[.256 in]

7.30
[.287 in]

.50
[.020 in]

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 High Dot Illuminated AssemblyPArc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2
+

+ -
2

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

ILLUMINATED
DOT

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. LED VOLTAGE: xxxxx
14. LED COLOR:  xxxxx
15. DENOTES CRITICAL PARAMETER
16. 2011/65/EU (ROHS) COMPLIANT
17. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

3.10
[.122 in]

1 2

CIRCUIT: SPDT

+

+-

-

+ -

TERMINAL
1

TERMINAL
2

TERMINAL
+

TERMINAL
-

19.0
[.748 in]

6.50
[.256 in]

7.30
[.287 in]

.50
[.020 in]

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 High Dot Illuminated AssemblyPArc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2
+

+ -
2

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

ILLUMINATED
DOT

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. LED VOLTAGE: xxxxx
14. LED COLOR:  xxxxx
15. DENOTES CRITICAL PARAMETER
16. 2011/65/EU (ROHS) COMPLIANT
17. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

3.10
[.122 in]

1 2

CIRCUIT: SPDT

+

+-

-

+ -

TERMINAL
1

TERMINAL
2

TERMINAL
+

TERMINAL
-

19.0
[.748 in]

6.50
[.256 in]

7.30
[.287 in]

.50
[.020 in]
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PV0 SerieS aNti-VaNdal SwitCh

non-illuminatED

lED SchEmaticPanEl cutout

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 Non-Illuminated AssemblyPArc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

6.50
[.256 in]

.50
[.020 in]

1 2

CIRCUIT: SPST

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. DENOTES CRITICAL PARAMETER
14. 2011/65/EU (ROHS) COMPLIANT
15. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

TERMINAL
1

TERMINAL
2

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 Non-Illuminated AssemblyPArc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

6.50
[.256 in]

.50
[.020 in]

1 2

CIRCUIT: SPST

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. DENOTES CRITICAL PARAMETER
14. 2011/65/EU (ROHS) COMPLIANT
15. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

TERMINAL
1

TERMINAL
2

TITLE

SCALE DATE DR DWG REVTHE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED

SHEET    OF

REV PCR NO DESCRIPTION DATE BY

2:1 1/29/2016 PV0 Non-Illuminated AssemblyPArc

1 1 

RECOMMENDED
PANEL CUT-OUT

1-6mm THICKNESS

1 2

14.00
[.551 in]

9.00
[.354 in]

1.50
[.059 in]

1.50
[.059 in]

18.0
[.709 in]

2.00
[.079 in]

M12 x 0.75
THREAD

12.00 - .00
.20+

.472 -.000
.008+ in[ ]

6.50
[.256 in]

.50
[.020 in]

1 2

CIRCUIT: SPST

POS. 1 POS. 2
SWITCH FUNCTION

(ON)OFF

OPEN 1-2

(ON) = MOMENTARY

NOTE:
1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = ± 0.4

 X.XX = ± 0.25
3. TERMINAL NOS. FOR REF. ONLY
4. FUNCTION: SPST
5. RATING: 2A @ 48VDC
6. CONTACT RESISTANCE: 50mΩ MAX. @ 1A 12VDC
7. INSULATION RESISTANCE: 1,000MΩ @ 500VDC
8. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
9. ELECTRICAL LIFE: 200,000 CYCLES
10. CONTACT MATERIAL: SILVER
11. OPERATING TEMPERATURE: -20°C TO 55°C
12. INGRESS PROTECTION: IP65
13. DENOTES CRITICAL PARAMETER
14. 2011/65/EU (ROHS) COMPLIANT
15. HARDWARE INCLUDED: HEX NUT AND O-RING (NOT SHOWN)

TERMINAL
1

TERMINAL
2
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Electrical HousewaresKiosks

SpecificationS

XXX SerieS

featureS & BenefitS

applicationS / MarketS

Part Number CoNfigurator

PV1 SerieS aNti-VaNdal SwitCh

Specifications subject to change without notice

• 19mm panel cutout
• Solder or screw termination options
• Flat, high or domed actuator options
• IP65 rated

Electrical Rating: 2A, 36VDC
Mechanical Life: 1,000,000 Cycles 
Electrical Life: 200,000 Cycles
Contact Resistance: 50mΩ Max.  
Insulation Resistance: 1000 MΩ Min. 
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C 
Travel: 2.50mm             
Moisture Protection: IP65 
Contact Arrangement: SPST Off-(On)
Actuation Force: 4 N
Panel Thickness: 1-8mm
Mounting Nut Torque: 0.8Nm

Medical Equipment

NOTES: 
*(ON) Denotes function is momentary

PV1 F - Flat
H - High
S - Domed

0 - 2A, 
36VDC 

G - Gold
N - Nickel
S - Polished 
Stainless
B - Brushed 
Stainless
1 - Black Anodized

NONE - Silver
G - Gold

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Contact  
Material
Options

2 - Solder
6 - Screw

Terminal 
Options

4 - Off - (On)*

Function 
Options

G - Gold
N - Nickel
S - Polished 
Stainless
B - Brushed 
Stainless
1 - Black Anodized

Actuator 
Finish 
Options

NONE - Non-
Illuminated
M01 - Power 
Symbol

Marking 
Options
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acTuaTor oPTionS

GraPhic oPTionS

Flat actuator HigH actuator DomeD actuator

NoNe m01 Power Symbol
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Security Devices Industrial Controls

Electrical HousewaresKiosks

SpecificationS

XXX SerieS

featureS & BenefitS

applicationS / MarketS

Part Number CoNfigurator

PV2 SerieS aNti-VaNdal SwitCh

Specifications subject to change without notice

• 16mm panel cutout
• Solder or screw termination options
• Flat, high or domed actuator options
• IP65 rated

Electrical Rating: 2A, 36VDC
Mechanical Life: 1,000,000 Cycles 
Electrical Life: 200,000 Cycles
Contact Resistance: 50mΩ Max.  
Insulation Resistance: 1000 MΩ Min. 
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C 
Travel: 2.50mm             
Moisture Protection: IP65 
Contact Arrangement: SPST Off-(On)
Actuation Force: 4 N
Panel Thickness: 1-6mm
Mounting Nut Torque: 0.8Nm

Medical Equipment

NOTES: 
*(ON) Denotes function is momentary

PV2 F - Flat
H - High
S - Domed

0 - 2A, 
36VDC 

G - Gold
N - Nickel
S - Polished 
Stainless
B - Brushed 
Stainless
1 - Black Anod-
ized

NONE - Silver
G - Gold

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Contact  
Material
Options

2 - Solder
6 - Screw

Terminal 
Options

4 - Off - (On)*

Function 
Options

G - Gold
N - Nickel
S - Polished 
Stainless
B - Brushed 
Stainless
1 - Black Anod-
ized

Actuator 
Finish 
Options

NONE - Non-
Illuminated
M01 - Power 
Symbol

Marking 
Options
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Solder TerminaTion

SPST SchemaTic

Screw TerminaTion
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PV2 SerieS aNti-VaNdal SwitCh

acTuaTor oPTionS

GraPhic oPTionS

Flat actuator HigH actuator DomeD actuator

NoNe m01 Power Symbol
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Terminal 
Options

Function 
Options

B - 1 Pole  
On - (On)*
H - 2 Pole  
On - (On)*

Rating  
Options

0 - 2A, 
48VDC

Actuator 
Finish 
Options

Contact  
Material
Options

Lens
Style
Options

Lens 
Color 
Options

Illumination 
Voltage
Options

NONE - Silver
G - Gold

NONE - Non-
Illuminated
2 - Dot  
Illumination
3 - Ring  
Illumination

NONE- Non- 
Illuminated 
0 - White
1 - Red
2 - Orange
3 - Green
4 - Blue
5 - Yellow 

NONE- Non-
Illuminated
1 - Base   
Voltage/
3 - 6V
4 - 12V
5 - 24V
6 - 125V

0 - Clear/
Aluminum
1 - Black 
Anodized
7 - Blue
8 - Green
9 - Red
N - Nickel
B - Brushed 
Stainless
S - Polished 
Stainless 

1 - Black 
Anodized
N - Nickel
B - Brushed 
Stainless
S - Polished 
Stainless 

Actuator 
Options

RoHS
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SpecificationS

part number configurator

pV3 SerieS anti-Vandal Switch

featureS & benefitS

applicationS / marketS

Specifications subject to change without notice

• 16mm diameter panel cutout
• Dot and ring illumination options
• Multiple actuator options
• Non-sealed and seal option configurable
• SPST & DPDT

Electrical Rating: 2A, 48VDC
Mechanical Life: 200,000 Cycles 
Electrical Life: 50,000 Cycles
Contact Resistance: 50mΩ Max. 
Insulation Resistance: 1000MΩ Max.
Operating/Storage Temperature: -20°C to 55°C 
Travel: 2.80mm    
Moisture Protection: IP40 (PV3,PV3S) & IP67 (PV3W, 
PV3SW) 
Contact Arrangement: SPST & DPDT
Actuation Force: 4 N                                                         
Panel Thickness: 1-8mm 
Mounting Nut Torque: 0.6Nm

Series

Security DevicesAudio / Visual

PV3 -                         
Non Water-Resistant 
Version: Long Body                            
PV3S -                       
Non Water-Resistant 
Version: Short Body 
Non-Illuminated only                        
PV3W -                       
Water-Resistant 
Version: Long Body                            
PV3SW -                   
Water-Resistant  
Version: Short Body 
Non-Illuminated only

F - Flat
H - High
G - Guarded 
Concave

2 - Solder

Body 
Finish 
Options

NOTES: 
*( ) denotes function is momentary

Specifications subject to change without notice  1.12.2018
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Kiosks Medical Equipment
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Electrical Housewares
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PV3 SerieS Anti-VAndAl Switch PV3 SerieS Anti-VAndAl Switch

Body dimensions

SHEET    OF1 5 PV3 Catalog Drawing 6/1/2017

MAX. PANEL 
THICKNESS 1-8.0mm

3 3 2 1

16.00
[.630 in]

1 3

1 2

SPDT   ON-(ON)
CONTACT CONFIGURATION

(MOMENTARY)

BODY DIMENSIONS

TERMINAL 1

TERMINAL 2

TERMINAL 3

SHORT BODY

29.71.0
1.17.04 in[ ]

1.8
[.07 in]

.8
[.03 in]

2.0
[.08 in]

15.0
[.59 in] 24.3

[.96 in]
M16x1.0

18.00
[.709 in] 12.00

[.472 in]

2.8
[.11 in]

.4
[.02 in]

A
N

T
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A
N

D
A
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S
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E
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schematic

Panel cutout
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PV3 SerieS Anti-VAndAl Switch

Body dimensions

SHEET    OF2 5 PV3 Catalog Drawing 6/1/2017

MAX. PANEL 
THICKNESS 1-14.0mm

3 (+)
(+)

3 2 1
(-)

SHOWN WITH 
OPTIONAL 

ILLUMINATED RING

10.40
[.409 in]

12.00
[.472 in]

18.00
[.709 in]

18.5
[.73 in]

2.50
[.098 in]

30.2
[1.19 in]

1.8
[.07 in].8

[.03 in]

2.0
[.08 in]

36.01.0
1.42.04 in[ ]

M16x1.0

37.11.0
1.46.04 in[ ]

9.0
[.35 in]

.4
[.02 in]

2.8
[.11 in]

LED 1 (+)
(ILLUMINATED ONLY)

TERMINAL 3

TERMINAL 2

TERMINAL 1 LED 2 (-)
(ILLUMINATED ONLY)

1

21

3

-+
(-)

LED 1 (FORWARD)

(+)
+-

LED 2 (REVERSE)

SPDT   ON-(ON)
CONTACT CONFIGURATION
(MOMENTARY ILLUMINATED)

LONG BODY 

BODY DIMENSIONS

16.00
[.630 in]

Panel cutout
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PV3 SerieS Anti-VAndAl Switch

Body dimensions

SHEET    OF3 5 PV3 Catalog Drawing 6/1/2017

MAX. PANEL 
THICKNESS 1-8.0mm

3 6 6 5 4 4

54

6

DPDT   ON-(ON)
CONTACT CONFIGURATION

21

31

16.00
[.630 in]

SHORT BODY

18.00
[.709 in]

12.00
[.472 in]

TERMINAL 3
TERMINAL 6

29.71.0
1.17.04 in[ ]

15.0
[.59 in] M16x1.0

2.8
[.11 in]

.4
[.02 in]

5.0
[.20 in]

.8
[.03 in]

1.8
[.07 in]2.0

[.08 in]

24.3
[.96 in]

BODY DIMENSIONS

TERMINAL 2

TERMINAL 1
TERMINAL 4

TERMINAL 5
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schematic
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Body dimensions
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illumination oPtions

actuator oPtions
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Specifications

Part Number Configurator

Features & Benefits

Applications / Markets

PV4 Series Anti-vandal Switch

Specifications subject to change without notice

• 19mm diameter panel cutout
• RGB LED option
• Dot, ring or power symbol illumination available
• Multiple function options
• IP65 rated
• SPDT & DPDT

Electrical Rating: 2A, 24VDC 
Electrical Life: 50,000 Cycles
Contact Resistance: 50mΩ Max.  
Insulation Resistance: 1000 MΩ Min. 
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C 
Travel: 2.50mm             
Moisture Protection: IP65 
Contact Arrangement: SPDT, DPDT
Actuation Force: 4 N
Panel Thickness: 1-11mm
Mounting Nut Torque: 5-14Nm 

PV4
F - Flat
H - High

0 - 2A, 
24VDC 

S - Stainless 
Steel
1 - Black 
Anodized

M01 - Power 
symbol laser 
etched
M26 - Power 
symbol illumi-
nated** 

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Graphic 
(Optional)

Medical Equipment

2 - Solder 
6 - Screw*

Terminal 
Options

3 - 1P On - On 
B - 1P On - (On) 
G - 2P On - On 
H - 2P On - (On)
Y - Double break 
1P Off - (On)  
1P On - (Off)

Function 
Options

S - Stainless 
Steel
1 - Black 
Anodized

Actuator 
Finish 
Options

NONE - Non-
Illuminated
2 - Dot  
Illumination
3 - Ring  
Illumination

Lens
Style
Options

NONE- Non- 
Illuminated 
0 - White
1 - Red
2 - Orange
3 - Green
4 - Blue
5 - Yellow
F - Red/Orange
G - Red/Green
H - Red/Blue
J - Red/Yellow
K - Orange/Green
L - Orange/Blue
M - Orange/Yellow
R - RGB LED*** 

LED-
Color 
Options

NONE - Non-
Illuminated
1 - Base Voltage 
3 - 6V 
4 - 12V 
5 - 24V 
6 - 125V 
7 - 250V

Illumination 
Voltage
Options

NOTES: 
( ) denotes function is momentary 
* Screw termination is available only with “Y” function option 
** Illuminated power symbol graphic is only available with ring Illumination 
*** RGB is only for SPDT functions 3 and B

None - Silver
G - Gold

Contact 
Material 
Options
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PV4 Series Anti-vandal Switch

Standard LED  
Functions 3, B, G & H

SPDT LED 
Schematic

Panel Cutout Power Symbol Panel Cutout

SPDT Non Ill. 
Schematic

DPDT LED 
Schematic

DPDT Non Ill. 
Schematic 

Notes: 
Functions 3 & B are SPDT  
Functions G & H are DPDT
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PV4 Series Anti-vandal Switch

Y Function w/ 
Screw Terminals

Panel Cutout Power Symbol Panel Cutout

Schematic 
STD LED  

Schematic 
Non-Illum.
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PV4 Series Anti-vandal Switch

Y Function w/ 
Solder Terminals

Schematic 
STD LED  

Panel Cutout Power Symbol Panel Cutout

Schematic 
Non-Illum.
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PV4 Series Anti-vandal Switch

RGB Lens Color 
Functions 3 & B

Schematic  
RGB LED  

Panel Cutout Power Symbol Panel Cutout
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Graphic Options 

Lens / Actuator  
Options 

M01 Graphic M26 Graphic

PV4 Series Anti-vandal Switch
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Security Devices Industrial Controls

Electrical HousewaresKiosks

SpecificationS

XXX SerieS

featureS & BenefitS

applicationS / MarketS

Part Number CoNfigurator

PV5 SerieS aNti-VaNdal SwitCh

Specifications subject to change without notice

• Multiple actuator finish options
• Solder or screw termination options
• Raised or domed actuator options
• IP65 rated

Electrical Rating: 2A, 36VDC
Mechanical Life: 1,000,000 Cycles 
Electrical Life: 200,000 Cycles
Contact Resistance: 50mΩ Max.  
Insulation Resistance: 1000 MΩ Min. 
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -25°C to 55°C 
Travel: 2.50mm             
Moisture Protection: IP65 
Contact Arrangement: SPST Off-(On)
Actuation Force: 5 N
Panel Thickness: 1-5mm
Mounting Nut Torque: 0.3Nm

Medical Equipment

NOTES: 
*(ON) Denotes function is momentary

PV5 H - Raised
S - Domed

0 - 2A, 36VDC N - Nickel
S - Polished Stainless
1 - Black Anodized

NONE - Silver
G - Gold

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Contact  
Material
Options

2 - Solder
6 - Screw

Terminal 
Options

4 - 1 Pole  
Off - (On)*

Function 
Options

1 - Black
2 - White
6 - Yellow
7 - Blue
8 - Green
9 - Red
N - Nickel
S - Polished Stainless

Actuator 
Finish 
Options
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XXX SerieS PV5 SerieS aNti-VaNdal SwitCh

Body dimensions - Flats

sPst schematic

Panel cutout

solder termination

screw termination

sPst schematic

Panel cutout
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XXX SerieSPV5 SerieS aNti-VaNdal SwitCh

Body dimensions - nickel, 
Black anodized or stainless

sPst schematic

Panel cutout

solder termination

screw termination

sPst schematic

Panel cutout
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SpecificationS

part number configurator

featureS & benefitS

applicationS / marketS

pV6 SerieS anti-Vandal Switch

Specifications subject to change without notice

• 16mm diameter panel cutout
• RGB LED option
• Dot or ring illumination options available
• Multiple actuator options
• Pilot indicator option
• IP65 rated, Off-(On), SPST 

Electrical Rating: 2A, 48VDC
Mechanical Life: 1,000,000 Cycles
Electrical Life: 50,000 Cycles
Contact Resistance: 50mΩ Max. 
Insulation Resistance: 1000 MΩ Min. 
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C
Travel: 1.50mm            
Moisture Protection: IP65
Contact Arrangement: SPST Off-(On)
Actuation Force: 400 gf
Panel Thickness: 1-10mm
Mounting Nut Torque: 5-14Nm

PV6 F - Flat
H - High

0 - 2A, 
48VDC 
X - Pilot 
Indicator

N - Nickel 
Plated
S - Stainless 
Steel
1 - Black 
Anodized

NONE - Silver
G - Gold

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Contact  
Material
Options

Medical Equipment

2 - Solder

Terminal 
Options

4 - Off - (On)*
P - Pilot 
Indicator**

Function 
Options

N - Nickel 
Plated
S - Stainless 
Steel
1 - Black 
Anodized

Actuator 
Finish 
Options

NONE - Non-
Illuminated
2 - Dot 
Illumination
3 - Ring 
Illumination

Lens
Style
Options

NONE- Non-
Illuminated
0 - White
1 - Red
2 - Orange
3 - Green
4 - Blue
5 - Yellow
F - Red/Orange
G - Red/Green
H - Red/Blue
J - Red/Yellow
K - Orange/Green
L - Orange/Blue
M - Orange/Yellow
R - RGB

LED-
Color 
Options

NONE - Non-
Illuminated
1 - Base Voltage/

Illumination 
Voltage
Options

NOTES:
*(On) denotes function is momentary
**Pilot indicator does not have internal switch contacts, only illumination
/Base voltage for LED colors red, yellow, and orange is 1.8V @ 20mA 
/Base voltage for LED colors blue, green and white is 2.8V @ 20mA
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Specifications

Part Number Configurator

Features & Benefits

Applications / Markets

PV7 Series Anti-vandal Switch

Specifications subject to change without notice

• 22mm diameter panel cutout
• RGB LED option
• Dot, ring or power symbol illumination available
• Multiple function options
• IP65 rated
• SPDT 

Electrical Rating: 2A, 48VDC 
Electrical Life: 50,000 Cycles
Contact Resistance: 50mΩ Max.  
Insulation Resistance: 1000 MΩ Min. @ 500VDC
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C 
Travel: 2.20mm             
Moisture Protection: IP65 
Contact Arrangement: SPDT
Actuation Force: 4 N
Panel Thickness: 1-8mm for Y Function  
     1-12mm for T function
Mounting Nut Torque: 5-14Nm 

PV7 F - Flat 0 - 2A, 
48VDC 

N - Nickel 
Plated
S - Stainless 
Steel
1 - Black 
Anodized

M01 - Power 
symbol (sm) 
laser etched
M03 - Power 
symbol illumi-
nated 
M16 - Power 
symbol (lg) 
laser etched

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Graphic 
(Optional)

Medical Equipment

2 - Solder

Terminal 
Options

T -  
1 Pole Off - On  
1 Pole On - Off
Y -  
1 Pole Off - (On) 
1 Pole On - (Off)

Function 
Options

N - Nickel 
Plated
S - Stainless 
Steel
1 - Black 
Anodized

Actuator 
Finish 
Options

NONE - Non-
Illuminated
2 - Dot  
Illumination
3 - Ring  
Illumination

Lens
Style
Options

NONE- Non- 
Illuminated 
0 - White
1 - Red
2 - Orange
3 - Green
4 - Blue
5 - Yellow
F - Red/Orange
G - Red/Green
H - Red/Blue
J - Red/Yellow
K - Orange/Green
L - Orange/Blue
M - Orange/Yellow
R - RGB LED 

LED-
Color 
Options

NONE - Non-
Illuminated
1 - Base Voltage 
3 - 6V 
4 - 12V 
5 - 24V 
6 - 125V 
7 - 250V

Illumination 
Voltage
Options

NOTES: 
*( ) denotes function is momentary
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Non Ill. 
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Y Function
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RGB LED 
Y Function

Schematic  
RGB LED

Panel Cutout Power Symbol Panel Cutout
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SpecificationS

part number configurator

featureS & benefitS

applicationS / marketS

PV8 SerieS Anti-VAndAl Switch

Specifications subject to change without notice  12.22.2017

• 25mm diameter panel cutout
• LED color options
• Dot, ring or power symbol illumination available
• Multiple function options
• IP65 rated
• SPDT & DPDT arrangements

Electrical Rating: 2A, 48VDC 
Electrical Life: 50,000 Cycles
Contact Resistance: 50mΩ Max.  
Insulation Resistance: 1000 MΩ Min. @ 500VDC
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C 
Travel: 2.80mm             
Moisture Protection: IP65 
Contact Arrangement: SPDT& DPDT
Actuation Force: 6.5 N
Panel Thickness: 1-10mm for Momentary  
     1-12mm for Maintained
Mounting Nut Torque: 5-14Nm 

PV8 F - Flat 0 - 2A, 
48VDC 

1 - Black 
Anodized
N - Nickel 
Plated
S - Stainless 
Steel

M11 - Power 
symbol laser 
etched
M14 - Power 
symbol / Ring 
Illumination

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Graphic 
(Optional)

Medical Equipment

2 - Solder

Terminal 
Options

T - 2 Pole
1P Off-On +
1P On-Off
Y - 2 Pole
1P Off-(On) +
1P On-(Off)
U - 4 Pole
2P Off-On +
2P On-Off
V - 4 Pole
2P Off-(On) +
2P On-(Off)

Function 
Options

1 - Black 
Anodized
N - Nickel 
Plated
S - Stainless 
Steel

Actuator 
Finish 
Options

NONE - Non-
Illuminated
2 - Dot  
Illumination
3 - Ring  
Illumination

Lens
Style
Options

NONE- Non- 
Illuminated 
0 - White
1 - Red
2 - Orange
3 - Green
4 - Blue
5 - Yellow 

LED-
Color 
Options

NONE - Non-
Illuminated
1 - Base Voltage 
3 - 6V 
4 - 12V 
5 - 24V 
6 - 125V 
7 - 250V

Illumination 
Voltage
Options

NOTES: 
*( ) denotes function is momentary
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PV8 SerieS Anti-VAndAl Switch

Maintained (Latching)
Function “t” and “u”

SHEET    OF1 4 PV8 Catalog Drawing 10/25/2017

RECOMMENDED PANEL CUTOUT
MAX. PANEL THICKNESS 12mm

25.00
[.984 in]

MAINTAINED (LATCHING)
FUNCTION "T" and "U"

TERMINAL 4b

TERMINAL 2b

(-)

TERMINAL 1b

TERMINAL 3b

TERMINAL 3a

TERMINALS 1a

DOT DENOTES LED COLOR

(+)

TERMINAL 2a

TERMINAL 4a

12.20
[.480 in]

BODY
2.00

[.08 in]

30.01.0
1.18.04 in[ ]

ACTUATOR

RING ILLUMINATION
(Optional)

19.80
[.78 in]

15.50
[.61 in]

28.00
[1.102 in]

7.00
[.276 in]

13.60
[.535 in]

40.41.0
1.59.04 in[ ]

M25 x 1.0

1a

3a

2a

4a

SPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

1a

3a

1b

3b

2a

4a

2b

4b

DPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

1a

3a

2a

4a

SPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

(FORWARD)

(REVERSE)

(+) (-)
+

+

-

-

1a

3a

1b

3b

2a

4a

2b

4b

DPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

(FORWARD)

(REVERSE)

(+) (-)
+

+

-

-

ILLUMINATED
FUNCTION "U"

ILLUMINATED
FUNCTION "T"

NON-ILLUMINATED
FUNCTION "U"

NON-ILLUMINATED
FUNCTION "T"

* DPDT (Function "U") Terminals 1a - 4a and 1b - 4b (AS SHOWN)
 

   SPDT (Function "T") Terminals 1a - 4a
  

   Terminals (-) and (+) used with Illuminated option only

ScheMatic

PaneL cutout
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PV8 SerieS Anti-VAndAl Switch

MoMeMtary
Function “y” and “V”

SHEET    OF2 4 PV8 Catalog Drawing 10/25/2017

RECOMMENDED PANEL CUTOUT
MAX. PANEL THICKNESS 12mm

25.00 - .00
.20+

.984 - .000
.008+  in[ ]

Momentary
FUNCTION "Y" and "V"

ACTUATOR

RING ILLUMINATION
(Optional)

19.80
[.78 in]

15.50
[.61 in]

28.00
[1.102 in]

12.20
[.48 in]

BODY

28.01.0
1.10.04 in[ ]

2.0
[.08 in]

TERMINAL 2b

TERMINAL 3a

TERMINAL 1a

TERMINAL 1b

TERMINAL 4b

(-)

TERMINAL 3b

TERMINAL 2a

(+)

TERMINAL 4a

DOT DENOTES LED COLOR

M25x1.0

38.41.0
1.51.04 in[ ]

7.00
[.276 in]

13.60
[.535 in]

1a

3a

1b

3b

2a

4a

2b

4b

DPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

(FORWARD)

(REVERSE)

(+) (-)
+

+

-

-

1a

3a

2a

4a

SPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

(FORWARD)

(REVERSE)

(+) (-)
+

+

-

-

* DPDT (Function "V") Terminals 1a - 4a and 1b - 4b (AS SHOWN)
 

   SPDT (Function "Y") Terminals 1a - 4a
  

   Terminals (-) and (+) used with Illuminated option only

1a

3a

1b

3b

2a

4a

2b

4b

DPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

1a

3a

2a

4a

SPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

ILLUMINATED
FUNCTION "V"

ILLUMINATED
FUNCTION "Y"

NON-ILLUMINATED
FUNCTION "V"

NON-ILLUMINATED
FUNCTION "Y"

ScheMatic

PaneL cutout
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PV8 SerieS Anti-VAndAl Switch

iLLuMinated ring with
Power SyMboL

SHEET    OF3 4 PV8 Catalog Drawing 10/25/17

TERMINAL 2b

TERMINAL 3a

TERMINALS 1a

TERMINAL 1b

TERMINAL 4b

(-)

TERMINAL 3b
TERMINAL 2a

(+)

TERMINAL 4a

DOT DENOTES LED COLOR

12.20
[.48 in]

BODY

30.41.0
1.20.04 in[ ]

2.0
[.08 in]

POWER SYMBOL / RING
ILLUMINATION

ACTUATOR10.60
[.42 in]

19.80
[.78 in]

18.00
[.71 in]

28.00
[1.102 in]

40.81.0
1.61.04 in[ ]

7.00
[.276 in]

13.60
[.535 in]

M25x1.0

24.15
[.951 in]

FLAT

1a

3a

1b

3b

2a

4a

2b

4b

DPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

(FORWARD)

(REVERSE)

(+) (-)
+

+

-

-

1a

3a

2a

4a

SPDT  ON (OFF) / OFF (ON)
CONTACT CONFIGURATION

(FORWARD)

(REVERSE)

(+) (-)
+

+

-

-

25.00 - .00
.20+

.984 - .000
.008+  in[ ]

11.90
[.469 in]

RECOMMENDED PANEL CUTOUT
MAX. PANEL THICKNESS 12mm

ILLUMINATED RING with POWER SYMBOL
Graphic "M14" (Power Symbol)
"D" Housing (Momentary or Maintained)
FUNCTION "T", "Y", "U" and "V"

* DPDT (Function "U" and "V") Terminals 1a - 4a and 1b - 4b (AS SHOWN)
 

   SPDT (Function "T" and "Y") Terminals 1a - 4a
  

ILLUMINATED
FUNCTION "U" and "V"

ILLUMINATED
FUNCTION "T" and "Y"

ScheMatic

PaneL cutout
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PV8 SerieS Anti-VAndAl Switch

actuator oPtionS

SHEET    OF4 4 PV8 Catalog Drawing 10/25/17

RING
ILLUMINATED

Illumination Options

Lens Styles

DOT ILLUMINATED
OPTION "2"

RING ILLUMINATED
OPTION "3"

Actuator Options

28.00
[1.102 in]

19.80
[.780 in]

28.00
[1.102 in]

9.80
[.386 in]

DOT
ILLUMINATED

POWER SYMBOL / RING
ILLUMINATION

18.00
[.71 in]

19.80
[.78 in]

10.60
[.42 in]

M14

9.6
[.38 in]

M11 MARKING
(POWER SYMBOL)

LASER ETCHED
(NON-ILLUMINATED)

 
ILLUMINATED RING

(OPTIONAL)

15.50
[.61 in]

19.80
[.78 in]

M11
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Security Devices Industrial Controls

Electrical HousewaresKiosks

SpecificationS

part number configurator

featureS & benefitS

applicationS / marketS

pV9 SerieS anti-Vandal Switch

Specifications subject to change without notice

• 28mm diameter panel cutout
• Dot or ring illumination options available
• Multiple switch functions available
• Multiple illumination voltage options
• IP65 rated
• SPDT or DPDT

Electrical Rating: 2A, 48VDC
Mechanical Life: 1,000,000 Cycles
Electrical Life: 50,000 Cycles
Contact Resistance: 50mΩ Max. 
Insulation Resistance: 1000 MΩ Min. @ 500VDC
Dielectric Strength: 2,000VAC
Operating/Storage Temperature: -20°C to 55°C
Travel: 2.8mm            
Moisture Protection: IP65
Contact Arrangement: SPDT or DPDT
Actuation Force: 660 gf
Panel Thickness: 1-10mm
Hex Nut Torque: 5-14Nm

PV9 F - Flat 0 - 2A, 
48VDC 

N - Nickel 
Plated
S - Stainless 
Steel

Series
Actuator 
Options

Rating  
Options

Body 
Finish 
Options

Medical Equipment

2 - Solder

Terminal 
Options

Y - 
1P OFF-(ON), 
1P ON-(OFF)*
T - 
1P OFF-ON, 
1P ON-OFF
V - 
2P OFF-(ON), 
2P ON-(OFF)*
U - 
2P OFF-ON, 
2P ON-OFF

Function 
Options

N - Nickel 
Plated
S - Stainless 
Steel

Actuator 
Finish 
Options

NONE - Non-
Illuminated
2 - Dot 
Illumination
3 - Ring 
Illumination

Lens
Style
Options

NONE - Non-
Illuminated
0 - White
1 - Red
2 - Orange
3 - Green
4 - Blue
5 - Yellow
F - Red/Orange
G - Red/Green
H - Red/Blue
J - Red/Yellow
K - Orange/Green
L - Orange/Blue
M - Orange/Yellow

LED 
Color 
Options

NONE - Non-
Illuminated
1 - Base Voltage/
3 - 6V
4 - 12V
5 - 24V
6 - 125V
7 - 250V

Illumination 
Voltage
Options

NOTES:
*( ) denotes function is momentary
/Base voltage for LED colors red, yellow, and orange is 1.8V @ 20mA 
/Base voltage for LED colors blue, green and white is 2.8V @ 20mA
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pV9 SerieS anti-Vandal Switch

Body dimensions 

Latching Switch DimenSionS

momentary Switch DimenSionS
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XXX SerieSpV9 SerieS anti-Vandal Switch

ActuAtor options 

non-iLLuminateD

spdt schemAtic

schemAtics 

dpdt schemAtic

pAnel cutout

ring iLLuminateD

Dot iLLuminateD
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