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Automatic Wire Stripper
•	 Production grade wire stripper strips insulation from most smaller gauge 

wire.
•	 Strips up to 7/8" (22.2 mm) length.
•	 Strips PVC and THHN insulation.
•	 For use with solid and stranded wire.
•	 Note: This is not an insulated tool.

Cat. No. UPC No. Description CAP. awg

1935 37600 Automatic Wire Stripper 10-22 solid and stranded

Kwik Stripper® Wire Stripper
• 	Strips and cuts flat and round cable.
• 	Self-adjusts to different wire gauges.
• 	Laminated steel blades minimize the risk of nicking conductors.
• 	Front entry jaws have an adjustable strip length guide. 
• 	Lightweight reinforced nylon is chemical and corrosion resistant.
•	 Note: This is not an insulated tool.

Cat. No. UPC No. Description Cap. AWG

45000
20243

45000
20243

Kwik Stripper Wire Stripper
Blade Cassette

10-34 solid and stranded

NM Cable Ripper

Cat. No. UPC No. Description Overall Length

0252-11 56300 NM Cable Ripper 3-5/8" (9.2 cm)

•	 Slits outer jacket of Romex® 10/2, 12/2, 14/2 and other non-metallic (NM) 
sheathed cable.

•	 Wire gauge on handle for identifying #6 to #14 AWG.
•	 Corrosion-resistant zinc plating.
•	 Side-entry design for end or mid-run slitting of jacket.
•	 Note: This is not an insulated tool.

0252-11

1935

45000



269USA CANADA INT’L
FAX  800.451.2632 FAX  800.524.2853 FAX  +1.815.397.9247
PHONE  800.435.0786 PHONE  866.384.8813 PHONE  +1.815.397.7070 www.greenlee.com

= new product = Replacement Part = Accessory B = Bare tool

Kwik Stripper® Wire Stripper

Automatic Wire Stripper

• 34-10 AWG (.08-6mm²) stripping capacity.
• 12 AWG (4 mm²) solid, 10 AWG (6 mm²) stranded cutting capacity.
• Strips and cuts flat and round cable.
• Self-adjusts to different wire gauges.
• Contoured and cushioned handles.
• Front entry jaws have an adjustable strip length guide. 
• Lightweight reinforced nylon is chemical and corrosion resistant.

•	 Production grade wire stripper strips insulation from most 
	 smaller gauge wire.
•	 Strips up to 7/8" (22.2 mm) length.
•	 Strips PVC and THHN insulation.
•	 For use with solid and stranded wire.

cat. no. upc no. Description

45000 45000 Kwik Stripper Wire Stripper
20243 20243 Blade Cassette

SPECIFICATIONS

Capacity 20 - 10 AWG (.5 mm² - 6 mm²) with PVC or THHN insulation
Weight .7 lb. (300 g)

cat. no. upc no. Description

1935 37600 Automatic Wire Stripper

Gator® Terminal Crimping Tool
• 	 Intelligent Crimping System Technology includes a pressure sensor that monitors the 

crimping force of each crimp and provides the operator a visual and audible alert if the 
force is below specifications.

• 	 State of the art 18V lithium ion (Li-ion) battery provides 70% more cycles per charge 
and faster cycle times.

• 	 LED light provides the operator with the battery charge and tool maintenance status.
• 	 In line tool style is light weight and very easy to control
• 	 One trigger controls all tool functions.
• 	 Crimping head rotates 350°
• 	 Tools automatically retract when the crimping or cutting cycle is complete
• 	 Overmolded tacky grip areas make gripping the tool easier and more comfortable.
• 	 LED work light illuminates dark work areas.
• 	 Greenlee battery-powered crimping tools now use bio-degradable oil.
• 	 Smart chargers control the charging current, charging voltage and battery temperature 

to maximize battery life
•	 Uses all Kwik Cycle 9 crimping dies.
• 	 Available with 120V, 12V or 230V battery charger or with 120V or 230V corded adapter 

in place of batteries and charger

SPECIFICATIONS

Capacity Uses Kwik Cycle 9 Die Sets
Length 12-3/4" (324 mm)
Weight 3-1/2 lb. (1.6 kg)
Battery 18V 1.5 Ah Li-ion
Crimping Force 2,900 lb. (13kN)
Width 2-7/8" (73 mm)
Crimp Cycle Time ~2 seconds
Battery Charge Time 30 minutes
Est. Cycles per Charge 400

WIRE CRIMPING TOOLS

cat. no. upc no. Description

EK210L11 52079 1.5-Ton Battery-Powered Crimping Tool w/120 volt charger
EK210L12 52080 1.5-Ton Battery-Powered Crimping Tool w/12 volt charger
EK210L22 52081 1.5-Ton Battery-Powered Crimping Tool w/230 volt charger
EK210L120 52082 1.5-Ton Crimping Tool w/120V AC Adapter
EK210L230 52083 1.5-Ton Crimping Tool w/230V AC Adapter
EK210LB 01129 EK210 Bare Crimper, 1.5T
52177 52177 18V 1.5 Ah Li-ion
25752 25752 Carrying Case
52178 52178 120V Charger
52179 52179 230V Charger
52180 52180 12V Charger
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