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SUPER FLEX STEREO & 
S-VHS DUBBING CABLES

(2 RCA - 4 Pin MINI DIN Male/S-VHS)
Super Flex Stereo and S-VHS dubbing cable
(2 RCA - 4 Pin MINI DIN Male/S-VHS)
An LKG quality Gold Plated S-VHS (Male) cable coupled with paired audio cables
(Audio Left & Right) with soft PVC jacket.

No. 45-2403 - 3 ft.
No. 45-2406 - 6 ft.
No. 45-2412 - 12 ft.

No. 45-2425 - 25 ft.
No. 45-2450 - 50 ft.

BULK SUPER FLEX STEREO 
& S-VHS DUBBING CABLE
Same cable used on No. 45-2400 Series stereo
and S-VHS video dubbing cables

No. 45-2100 - 100 ft. Spool
No. 45-2300 - 300 ft. Spool
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HOME THEATRE VIDEO CABLES

COMPOSITE TO S-VHS 2 WAY ADAPTORS

S-VHS (S-Video) to composite (RCA) adaptor is a low cost alternative to  high priced active converters. Unique cir-
cuit converts a standard base-band signal to an S-VHS signal. Gold plated connectors. Bi-Directional.

No. 45-499 - S-VHS/M to RCA/F No. 45-489 - S-VHS/F to RCA/F No. 45-479 - S-VHS/F to RCA/M 

No. 44-447 - 6 FT

Right  Angle S-VHS Male
on both Ends

Stereo & Right  Angle S-VHS dubbing cables
(3.5 mm stereo Male - MD4 male/S-VHS)

No. 44-448 - 6 FT

Never lose your A/V cables again.
We combined Toslink, S-VHS, com-
posite video (RCA), Audio (RCA
L&R) cables together in one. Cables
are color-coded with Gold plated
connectors. Use with LKG No. 44-
531 remote control A/V selector.

UNIVERSAL A/V INTER - CONNECT CABLES:

No. 45-5403 - 3 ft.
No. 45-5406 - 6 ft.
No. 45-5412 - 12 ft.

LIGHT-LINK PLUS A/V CABLES:

No. 45-1403 
No. 45-1406
No. 45-1412

No. 45-1503 
No. 45-1506
No. 45-1512

3 ft.
6 ft.

12 ft.

Toslink + S-VHSToslink + RCA

Digital audio fiber optic cable combined with video cable to create one dubbing cable.

3 ft.
6 ft.

12 ft.

Right angle S-VHS connectors for
low profile connections. Gold plated
4 Pin Mini DIN connectors with flexi-
ble cable.

Right Angle S-VHS Cables 

Recommended Philmore A/V In-Line coupler 
to extend lengths of above cables No. 45-433G

CAMCORDER A/V CABLES:

Shielded patch cords. Flexible
black PVC jacket, with 3.5mm (4
conductor) right angle plug on one
end and three color-coded RCA
plugs (red/white/yellow) at other
end. Gold plated connectors.

No. 42-3503 - 3 ft.
No. 42-3506 - 6 ft.
No. 42-3512 - 12 ft.

No. 42-3546 - 6 ft. right angle 3.5mm (4 Cond.) 

to stripped & tinned leads.


