POWER OUTPUT / to line or voice coil

Max.

: Overall Freq. RMS Unit

Type ‘Il"ri:l Power Matching Impedance ~ DC Resistance Turns R:::. Test F. Dim. Wt.
No. Number Output Application Primary Secondary Primary Secondary Ratio + 3 DB Voltage Iinches Case Lbs.

HS-N TFIQX13YY 2w Plate to Line 10,000 600 CT/ 800 46 4.1:1 150-15,000 1000 o, AH-2um 4

10 MA DC 150885
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